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Model Input Current Power Consumption

HLV3-225W-4S 1.00 A max. | 3.7 W max.

HLV3-22RD—-4S 1.00 A max. | 3.2 W max.

HLV3-22BL-4S 1.00 A max. | 4.0 W max.

HLV3-22GR-4S 1.00 A max. | 4.1 W max.
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